PC 071004 Boerirte

Order symbol: B0 071004 EAN: 6418074058300

G Product nbr: 70323530 El. numibser:
UL Code: 7042530 « Finland: 3535340

| « Denmark: B212002542
UL Mame: UL PC 071004 v Sweden: 2536106

Description: Enclosure. PC
Rermarks: Opagque cover

Including: Base with screws for mounting plate/DiM-rail. cover with PUR gasket and
stainless steel cover sorews.
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Dimensions: Helght Width

mim: b6 98

inch: 28 385
Materials:

Matenalk Palycarbonate

Base codowr: RAL 7035 light grey
Cower colaur: RAL 7035 -light grey
Gasket material: Palyurethane
Termperatures:

Temperature “C [short term): -0 ..
Temperatwre “C [contenwows): -0 ..
Temperatwre “F [short terml: -0 ..
Temperatuwre “F [continuous): -0 .
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Depih

1.1

Bccessories:

TF 28037 hownting foot kot (& pes). for endlosures:

TH A Gray plastic hinges {2 pes)

Rating:

Ingrass protection {EMN &0529)

Impact Resistance (EM 52262):
Elactrical insulaton:

Halogen free (DINSVOE 0472, Part 815k
U resistance:

Flammability Rating:

Glow Wee Test (IEC &95-2-1] “C:
MENA Class

Certificates:
SG5Fimko_EUROMNORD

1PaE: IPET;
|KO7; IKOE;
Totally insulated
1

UL s08

UL 7is6L 57
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