PC 081610 Boerirte

Order 5||'|'|'||:|:||: oC oB1610 EAN: 6418075003645
Product nbr: 7032640 EL. mumnibser:
UL Code: 7042640 « Finland: 3423432

o Denmark: B212002704
UL Mame: UL PC 081610 v Sweden: 2536115

Description: Enclosure. PC
Rermarks: Opagque cover

Including: Base with screws for mounting plate/DiM-rail. cover with PUR gasket and
stainless steel cover sorews.

Sample image

D&1e0s  DatedT (1609 081610
= -

245




Dimensions:
Mmim:

inch:

Materials:
Matenak
Base colour:
Cower colour:

Gasket material:

Ternperatures:

Helght Width

BO 160

315 B3

Paolycarbonate

RAL 7035 -light grey

RAL 7035 -light grey

Palyurethane

Temperature “C [short term):

Temperatwre “C [contsnuwous):

Temperature “F [short terml:

Temperatwre “F [conbinuous):
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Depth

3.74

- 120

-~ 230

175

Broessories:
TF 28037 Mounting foot kit (& pes). for encloswnes:

TRH 1218 0aN-15 Mountng rail. for enclosures:
(146 % 35% 1)

TR ODB1G Da-15 Mounting rail. for enclosures:
(16 x15% 1}

T DE1E Back Pansl. for enclosures:
(712134 x 1)

TH & Gray plastic hinges (2 pcs)

TRM DBOS DiM-15 Mounting rail. for enclosures:
(BEx15%1]

Rating:

Ingress protection (EN 60529 IPGE; IPET;

Impact Resistance (EN 52262): |¥O7; IKOE;

Elactrical insulation: Totally insulated

Halogen free (DINSYOE 0472, Part 815k 1

U resistance: UL 508

Flammability Rating: UL 7aaL 57

Glow Wiee Test (IEC 585-2-1] “L- g&0 “C

MENA Class

Certificates:
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