PC 122009

Order symbaol: 2C 122009
Product nbr: 7032770

UL Code: 7042770

UL Mame: UL PC 122009

Description: Enclosure. PC

Rermarks: Opagque cover

stainlzss steel cover sorews.

Sample image

FIBOX

Enclosing innovations

EAN:- 6418075058423
EL. mumnibser:

« Finland: 3435364
o Denmark: B212003143
o Swedsn: 2536126

Including: Base with screws for mounting plate/DiM-rail. cover with PUR gasket and
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Dimensions: Helght Width
mimz 120 200

inch: 3. 72 TB7
Materials:

Matenalk Palycarbonate

Base codowr: RAL 7035 light grey
Cover colaur: RAL 7035 -light grey
Gasket material: Palyurethane
Temperatures:

Temperature “C [short term):
Temperatwre “C [contenwows):
Temperatwre “F [short terml:

Temperatuwre “F [continuous):
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- 120

-~ 230

- 175

Brcessores:

MYV 10 DiIM-35 Mounting rail. for enchosures:

[0 x35% 1)

Tk 28037 Nounting foot kit (& pes). for enclosures:

TRH 1220 DIM-15 Mounting rail. for enclosures:

[1BEx35% 1)
T 1220 Back Fanel. for enclosures:
111 x17ax2]
TH & Gray plastic henges {2 pcs)
Rating:

Ingress protection (EN &0529)

Impact Resistance (EM 62262):
Electrical insulation:

Halogen free (DINSYDE 0472, Pat 815k
U resistance:

Flammability Bating:

Glow Wiee Test (IEC 595-2-1] “C:
MENA Class

Cartificates:
SGSFimka_EURONORD

1PeE: IPET;
IKO7; IKDE;
Totally insulated
1

UL s08

UL 7is6L 57
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