PC 125/35 LT it

Order symbal: ©C 125/35 L EAN: 6418075022318
Product nbr: 5012207 EL numbser:
UL Cade: 6412907 « Finland: 3520631

« Denmark: B212022360
UL Mame: UL BPC 125435 LT v Sweden: 2535621

Description: Enclosure. PC
Remarks: Smoked transparent cover

Including: Baze with TPE gasket. screws for mounting plate/NM-rail and cover with
polyamide cower sorews.
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Dimensions: Helght Width
mim: 130 130

inch: 5.12 512
Materials:

Matenalk Palycarbonate

Base codowr: RAL 7035 ight grey
Cower colour- Clear transparent
Gasket material: Palyurethane
Temperatures:

Temperature °C [short term):
Temperature “C [contenwouws):
Temperatwre “F [shoet terml-

Temperatwre “F [conbnuous):

© Fiboo (v, Data subject to change without notice (printed: 31.02 2037)

Depth

138

- 120

. 250

- 175

Bccessories:

MYV 10 DiN-35 Mounting rad. for enclosures:
(100 35x 1)
HFP 130 Front panel hinge seres for F2 A 100-125

FPA125M30  Front panel [Aluminum). for endosures:

(1205112 % 1)

MIN 10 DN-15 Mounting rad. for enclosures:
(100x15x 1)

FP 22046 Mounting fook kit {4 pes)

Miv 125 Back Panel |Galvanized steel|. for endosures:
(9B x9B x 1)

Rating:

Ingrass protection {EMN &0529)

Impact Resistance (EM 62262):
Elactrical insulaton:

Halogen free (DINSYOE 0472, Part 815k
U resistance:

Flammability Bating:

Glow Wiee Test (IEC 295-2-1) “C:
MENA Class

Certificates:

Certficate FI L0847

1P6E; IPET;
IKOE;

Totally insulated
1

UL =08

UL Fubl 5°

960 “C



