PC 150/100 HG

Sample mage
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Order symbol: PC 150,100 HG
Product nbr: 5011315

UL Code: 6411315

UL Mame: UL PC 150/ 100HG
Description: Enclosura. PC

Remarks: Opague cover

Including: Base with TPE gasket. screws for mounting plate/DIM-rail and cover with polyamide

COWar sSCrews.

101.6

FIBOX

Enclosing innovations

EAN: 6418074022196
El. number:
» Finland: 3420355

» Denmark: B212022182
« Sweden: 2535557
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Dimensions:
mem:

inche

Materials:
Material:
Base colour:
Cowver colour:

Gasket matenal:

Temperatures:

Height Width

180 130

7.09 512
Polycarbonate

Temperatura *C [short tarm):

Temperaturs *C [conbinuous):

Temperatura “F {short term):

Temperaturs “F {conbinuous):

RAL 7035 -light gray
RAL 7035 -light gray
Polyurethanse
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-5 ...
-00 ...

© Fibox Oy, Data subject to change withowt notice {printed: 31.03_2027)
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RArccessories:

MIV 10

FP A 150/180

DIN-35 Mounting rail. for enclosures:
1100 % 35 2 1]

Fromt paneal {Aluminum). for enclosures:
170c112x1)

HFP 180 Front panel hinge serias
MIW 150 Back Panel (Galvanized steel). for enclosures:
1148 298 x 1)
MIN 15 DIN-15 Mounting rail. for enclosures:
(150 15 x 1]
MIN 10 DIM-15 Mounting rail. for enclosures:
{100 x 15 x 1]
MIW 15 DIN-35 Mounting rail. for enclosures:
1150 x 35 x 1]
FP 22045 Mounting foat kit {4 pes)
Rating:
Ingress pratecton (EN 60529): IPEE; IPET;
Imipact Resistance (EN 62262): IKOE:

Electrical insulation:

Totally insulated

Halogen free (DINAYDE 0472, Part B15): 1

UV resistance: UL 508
Flammability Raking; UL 7460 57
Glow Wire Test {IEC §35-2-1) *LC: 960 “C
MEMA Class

Certificates:

Certificate Fl 40847



