PC 162509 Boerirte

Order symbal: 20 1625089 EAN: 6418075003683
Product nbr: 7032840 EL numbsear:
UL Cade: 7042840 « Finland: 3523640

« Denmark: B212002885
UL Mame: UL BC 1625049 v Sweden- 2536129

Description: Enclosure. PC
Rermarks: Opagque cover

Including: Baze with screws for mounting plate/DiM-rail. cover with PUR gasket and
stainless steel cover sorews.

Sample imags

162509 182513 162515

125 150

113 138

198 143

L

il




Dimensions: Helght Width Depih
mim: 160 250 50
inch: 6.3 QBL 3=4
Materials:

Matenalk Palycarbonate

Base codowr: RAL 7035 light grey

Cower colour- RAL 7035 -light grey

Gasket material: Palyurethane

Temperatures:

Temperature “C [short term):
Temperature “C [contenwows):
Temperature “F [short tarm):

Temperatwre “F [conbnuous):

=50 ... 120

=550 ... 230

-0 175

¥ Fibox Oy, Data subject tochange wikhout nobice [prinbed: 31.03.2022]

Bccessories:

T 1825 Back Pansl. for enclosures:

(151x 218 % 1)

TRH 24 0aN-15 Mounting rail. for enclosures:

(226 % 35x 1)

TF 28037 Mounting foat kit & pes). for enclosures:

TRH 1216 0IN-15 Mounting rail. for enclosures:

(1&6 % 355 1)

TRM DB1G 0iN-15 Mounting rail. for enclosures:

(1&6 % 15% 1)

TH A Gray plastic hinges (2 pes)

Rating:

Ingrass protection {EMN &0529)

Impact Resistance (ER 52262):
Elactrical insulation:

Halogen free (DINSVDE 0472, Part 815k
U resistance:

Flammability Rating:

Glow Wiee Test (IEC 295-2-1) “C:
MENA Class

Certificates:
SGSFimko_EUROMORD

1Pa6E: IPET:
|KO7; IKOE;
Totally insulated
1

UL s08

UL 7is6L 57

9e0 *C



