PC563818T FIBOX

Enclosing innovations

Order symbol: PC55383 18T EAN: 6418074005618

Product nbr: 5330065 El. number:

UL Code: 5320065 » Finland: 3423823
= Denmark:

UL Mame: UL PC 5638 1B T = Swedsn: 2539458

Description: Enclosura. PC
Remarks: Transparent cover

Including: Base with screws for mounting plate. cover with PUR gasket and polyamide cover
SLMEWS.
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Dimensions:
mim:

inche

Materials:
Material:
Base colour:
Cover colour:

Gasket maternial:

Temperatures:

Height Width

560 380

2205 14.96
Polycarbonate

Temperature * [ [short term):

Temperatura * [conbnuous):

Temperaturs “F {short term):

Temperature " F {continuous):

RAL 7035 -light gray
Clear transparent

Polyursthane
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RAocessories:

EKUNT Back Panel. for enclosures:

518x338x 1)
EKW 32 DIN-35 Mounting rail. for enclosures:

i335x35x 1]
EKUZR Extension frame. for enclosures:

(560 x 380 x 50)
Rating:
Ingrass pratection (EN 60529): IPEE:; IPET:
Impact Resistance (EN 62262} IKOE:
Electrical insulation: Totally insulated
Halogen free (DINAYDE 0472, Part B15): 1
UV resistance: UL 508
Flammatuility Raking: UL 7460 57
Glow Wire Test {IEC 685-2-1] *C: 960 “C
MEMA Class
Certificates:

Certificate NCS Fl 30308



