PCDS85T

Order symbol: 2C 0 85 1

Product nbr: B7 25008

UL Code: 8714008

UL Mame: ULPCDEBST

Sample image

Description: Enclosure. PC

Rermarks: |[ramsparent cover
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Enclosing innovations

EAN: 6418075002129
EL. mumnibser:

« Finland: 3423511
o Denmark: B212001585
o Swedsn: 2536847

Including: Base with screws for mounting plate/DiM-rail. cover with PUR gasket and
polyamide cower sorews.
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Dimensions: Helght Width Depth
mim: 170 B0 B3
inch: b.69 315 335
Materials:

Matenalk Palycarbonate

Base colour: RAL 7035 -light grey

Cowvar colour:

Gasket material: Palyurethane

Termperatures:

Temperature “C [short term):: -50 .. 120

Temperatwre “C [contenwoes):

Temperature “F [short barm): -0 .. 250

Temperatwre “F [continuous): -50_.. 175

© Fibou Oy, Data subject fo change withouk nobos (printed: 31.03 2023

Bccessories:
FP 22040 bounteng foot kit {2 pes). for enclosures:

0H-3 DMM-33 Mounting rail. for encloswes:
(140x 35 % 1)
O-pae Back Panel. for enclosures:

(1408 545 1)

Rating:

Ingress probection {EN &0529) IBaE; IPET;
Impact Resistance (EN 52262): IK08;

Electrical insulation: Totally insulated
Halogen free (DINSYOE 0472, Part 815k 1

U resistance: UL 508
Flammability Rating: UL 7aaL 57
Glow Wiee Test (IEC 585-2-1) “L: ged “C

MENA Class

Certificates:
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