PCM95T Boemimts

Order symbol: OC M 93 EAN: 6418074002303
Product nbr: B7 24018 El. numibser:
UL Code: B714018 « Finland: 3523512

« Denmark: 212001776
UL Mame: ULPC M 95T v Sweden: 2536859

Description: Enclosure. PC

Rermarks: |[ramsparent cover

Including: Base with screws for mounting plate/DiM-rail. cover with PUR gasket and
polyamide cower sorews.
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Dimensions: Helght Width Depth
mim: 230 10 95
inch: 9.0a 551 374
Materials:

Matenak Paolycarbonate

Base colour: RAL 7035 -light grey

Cowver colour:

Gasket material: Palyurethane
Termperatures:

Temperature “C [short term): -50 .. 120
Temperature °C [contnuousk:

Temperature “F [short terml: -50 .. 250
Temperatuwre “F [conbnuous): -50 .. 175

© Fiboy vy, Data subject to change without notice (printed: 31.02 202)

Bccessories
(HM-3 Di#-35 Mounting rail for enclosures:
(1102 35% 1]
FMn-3 DIM-35 Mounting rail. for enclosures:
[35%200% 1]
FP 22046 Mounting foot kit (& pes)
M-ME Back Panel. for enclosures:
(185 = 9& % 1]
Rating:
Ingress protection {EN &0529) 1B6E; IP&T;
Impact Resistance (EM 62262): IKi08;
Elactrical insulaton: Totally insulatad
Halogen free (DINSYDE 0472, Part 815k 1
U resistance: UL =08
Flammability Bating: UL 7L 57
Glow Wiee Test (IEC 595-2-1] “C: ged “C
MENA Class
Certificates:
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