PCM 100/60 G

Order symbol: 2CR 100780 G

Product nbr: 6016301

UL Code: 6418301

UL Mame: UL PCM 100/80 G

Description: Enclosure. PC

Rermarks: Opagque cover

FIBOX

Enclosing innovations

EAN: 6418075038005
EL. mumnibser:

« Finland: 3421631
o Denmark: B212027006
o Swedsn: 2535303

Including: Baze with TPE gasket. screws for mounting plate/NM-rail and cover with
polyamide cower sorews.
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Dimensions: Helght Width Depth

MMz 130

inch: 512

Materials:
Matenak

Base codowr:
Cower colour:
Gasket material:

Ternperatures:

Temperatwre “C [short berm):
Temperatwre “C [contsnuwous):
Temperature “F [short terml:

Temperatwre “F [conbinuous):

B0 (=10
315 236
Faolycarbonats
RAL 7035 -light grey
RAL 7035 ight grey
Palyurethane
-0 .. 120
-0 .. BO
-0 ... 250
50175

© Fibou Oy, Data subject to change withouk nobos (printed: 31.03 2023

Beressories:

IV 10 0iN-33 Mounting raid. for enclosures:
(100x 35x 1)

MW 5 DaM-35 Mounting rad. for enclosures:
(S0x35% 1]

HFP 130 Front panel hinge series for FE A 100-125

MiN S DN-13 Mounting rad. for enclosures:
(S0x15% 1]

MV 100 Back Panel {Galvanzed steel). for enclosures:
(9B x 48 % 1]

Mik 10 DiN-13 Mounting rad. for enclosures:
(100%15x 1)

FP 22046 bounting fook kit {4 pos)

FPA100/30  Front panel [Bluminum). for endlosures:
(120x62x1)

Rating:

Ingrass prokection EM 60529k IPa6; IPST;

Impact Resistance (ER 52262): IKiOE;

Electrical insulation: Totally insulated

Halogen free (DINSVDE 0472, Part 815k 1

U resistance: UL 508

Flammability Rating: UL 746 5"

Glow Wiee Test (IEC 585-2-1) “C: gel “C

MEMA Class

Certificates:

Cartficate FI 40847



