PCT 162513

FIBOX

Enclosing innovations

Sample image

Order symbal: 807 162513 EAN: 6418075003812
Product nbr: 7022861 EL numbser:
UL Cade: 7032861 « Finland: 3523542

« Denmark: B212002979
UL Mame: UL PCT 162513 v Sweden:

Description: Enclosure. PC
Rermarks: Clear transparent cover

Including: Base with screws for mounting plate/DiM-rail. cover with PUR gasket and
stainless steel cover sorews.
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Dimensions: Helght Width

Mmime: 160 250

inch: 6.3 9,64
Materials:

Matenalk Palycarbonate

Base codowr: RAL 7035 ight grey
Cover colour: Clear transparent
Gasket material: Palyurethane
Ternperatures:

Temperature °C [short term): -i500
Temperatwre “C [contsnuwous): -3
Temperatwre “F [short terml-: -i50
Temperatwre “F [conbnuous): -i50
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Bccessories:

T 1825 Sack Panel. for endosures:
(151 =214 % 1)

TRH 24 0iN-15 Mountng rail. for enclosures:
(226 % 35x 1]

Tk 28037 Mounting foot kit (& pes). for encloswnes:

TRH 1216 0it-15 Mounting rail. for enclosures:
(1ubx 35x 1)

TR ODB1G 0iN-15 Mounting rail. for enclosures:
(156 x15x 1}

TH & Gray plastic hinges (2 pos)

Rating:

ngress protection (EN &0529)

mpact Resistance (EM 62262):
Electrical insulaton:

Halogen free (DINSJVOE 0472, Part 815
U resistance:

Flammability Bating:

Glow Wiee Test (IEC 595-2-1] “C:
NENS Class

Cartificates:
SGSFimko_EUROMORD

1PGE; IPE7;
IHOT; IKDE:
Totally insulatad
1
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