TA191209 FIBOX

Enclosing innovations

Order symbol: TR131209 EAN: 6418074:060723
Product nbr: 5814000 El. number:
Description: Enclosure. ABS = Finland: 3435682
» Denmark: 8212035001
Remarks: Opague cover = Sweden:

Including: Base with PUR gasket and screws for mounting plates/DIN-rail. cover with palyamide
cover screws and plastic hinges.
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Dimensions: Height Width Depth RArccessories:
mim: 187 122 90 MIWV 10 DIN-35 Mounting rail. for enclosures:
(100 x 35 x 1)
inche 7.36 4B 354
MP 1912 Mounting plate. for enclosures:

DH-3 DIN-35 Mounting rail. for enclosures:
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Materials:

Material: ABS
Base colour:

Cover colour:

Gasket maternal:

Temperatures:

Temperature * L [short tzrm):: -50 ... 80
Temperatura *C [conbinuous):

Temperature “F {short term): -40...175

Temperatura *F {continuous): -40 ... 140

% Fibou Oy, Data subject to change withowt notice (printed: 31.03_2022)
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FP 10674 Muounting foat kit (2 pes) incl. sorews

Rating:
Ingress protection (EN 60525):
Impact Resistance (EN 62282}

Electrical insulation:

Halogen free (DINAYDE 0472, Part B15):

UY resistance:

Flammabsility Raking:

Glow Wire Test (IEC 695-2-1] *C:
MEMA Class

Certificates:
Certificate Fl 40343

IP&S:;

IKO7:

Totally insulated
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UL94 HE

650 “C



