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234.00 mm STEEL INNER PANEL Enclosures can be Factory Modified ( Milling, Drilling, Printing etc. )
[E) 213 in] M3-0.5 Solid models of this enclosure available in STEP or IGES.
227' 00 mm BRASS INéERTS 25100 Contact Factory mjm@hammondmfg.com
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/ : Purchased assembly includes box, lid, and 4 cover screws B
T = Cover screws should be torqued to 2.5 Ibf-in (30 cN-m)
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| R6.00 mm 4X \R7,50 mm 1555V
[0.236 in] [0.295 in] 1555V Regular Enclosure
115.00 mm ‘ 138.50 mm General Purpose ABS RAL-7035 UL94 - HB 1555VGY
[4.528 in] | [5.2153 in] | 216.00 mm | Poycarbonate RAL-7035 - VO / 5VA @ 3mm 1555V2GY
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| | 140.00 mm Steel Panel / P.C. Board Machine Screw 1591MM 100 —
| | | [5.512in] | [M3 x 8mm Nickel Plated]
‘ ‘ Steel Panel / P.C. Board Self Tapping Screw
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. ! M4 Stainless Steel Inserts Gasket - Silicone Rubber LID INSI DE 1 55 5V
BOX - INSIDE Type 304 / 18-8 Loctite 5950 Material
www.hammondmfg.com
8 I 7 I 6 I 5 I 3 I 2 I 1



