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R.S. VIEW

6.97 In
[ 177 mm |

50 In
[ 13 mm ]

4X
@ 0.25 x 0.53
[6 MM X 13 mm]
SLOT

4.00 In
[ 102 mm ]
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19.00 In

[ 483 mm |
18.19 In

[ 462 mm |

FRONT VIEW

.18 In

D [ dmm ]




