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Order code Manufacturer code Description

35-0276 n/a 12V PCB ELECTRO MECH INDICATOR (RC)
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The enclosed information is believed to be correct, Information may change ‘without notice’ due to Revision A
product improvement. Users should ensure that the product is suitable for their use. E. & O. E. 20/02/2007
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76802 SPECIFICATION
," '\\ LRated VOIBEE ...vocovccvmvnrrerscsmesssssesssmmsssressnes 12VDC
b 2.0perating VOUAZE ......cvverrvermesmmnscrseersmsnssernes §~15VDC
7 3 Max Rated CUITERE v 30mA/12VDC
4 Min.Sound Pressure Level .........mmrenn 85dB/10cm
5.Resonant FIEQUENCY ......ovvemeeermrereesmenessereeses 2300+300Hz
6.Response TIME ....ovooerereercreeerornersrssesesrensssens 50ms
6.Case Material ...........oorcrrmmeerrenenerssesnsereseene PBT
ﬁ%ﬁ 7.0perating TEMPErature ............oeeeevsvessensesenns -20~+85C
i a B.Store Tenmerdlure .ucwsmsiamnsmss -20~+88C
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Compliance with ROHS
No. DESCRIPTION APPROVED | DATE Magﬂ etic BUZZ'BI'
b APPROVALS | DATE EFK1212
Ty e “mm| EF556.201
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5 | 6 | 7 | 8




