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ABS-230-RC_SPECIFICATION SHEET

All data at 25°C unless otherwise specified.

RoHS v

SPECIFICATIONS ABS-230-RC
Speaker
Power Nominal 20W
Power Maximum 4.0W
Impedance 4 + 15% Ohms
Resonant Frequency 380 + 20 %Hz
Sound Pressure Level 84 +dB

(Average at 1W, 1M - 0.8,1.0,1.2,1.5KHz)

Frequency Range

F 0-20,000 KHz

Cone Material

Black Cloth Edge and Paper Cone

Housing Materials ABS (Black)
Operating Temperature -20 ~ +60 °C
Storage Temperature -30 ~ +70°C
Weight 129 = 5%
Dimensions: (Unit: mm; Tolerance: +0.5m)
5

3 TS

+ A

2

3.2x0.2

22.59%0.1

£8.3+0.2




