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Order code

Manufacturer code

Description

47-4008

n/a

EL34 (JJ) AUDIO PENTODE VALVE (RC)
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EL34, E34L

A. F. OUTPUT PENTODE Dimension

Base: OCTAL and connections:
Usr = 63V
k= C15A

Typical Inax 33%
characteristic: s, -
Un. = 250V "‘ i ‘
Us = 0V _
Uz = 265V
Us = “10V,135V
(for EL34)
“155V;-16,5V
(For E34L)
la = 100 mA
lgz = 14,9 MA
S = 1MmA/V
R = 15kQ
Mozgn = 11
laz(Ugr =-30 V) < 7 mA

Limiting values:
Uso = 2000V

Us. = 800V

Wamay = 25W

Us2o = 800V

U2 = 450V

Wgztmax] — 8 W

k = 150mA

Ugs = 100V

R = 20KkQ

Capacitances:
Con = 15,5pF
Ca = 10pF
Cavon = 1,5pF

Red/Blue versions available

max 98
max 112
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