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RJ45 - IP67  Industrial  Ethernet  Connector System

Description

Order data

Product drawing

RJ45-IP67 Plug kit
Strain Relief version IP20 Cat. 5e and Cat. 6A – M28 thread – Plastic and Metal

 RJ45 Cat. 5e and Cat. 6A plug connector shielded
 for use with solid or stranded cable size AWG24
 M28 Screw for use inside the enclosure (IP20 protection)

 suitable for component housings with inline coupler
 Designs:

 - Black plastic
 - Metallized plastic, Cable fitting metal

Version Cat. 5e

Version Cat. 6A

Type Material
Coupling Ring

Material
Housing

Material
Cable fi tting

Surface Part Number

Plug kit Cat. 5e Plastic Plastic Plastic black 17-100464
Plug kit Cat. 5e Plastic Plastic Metal metallized/nickel plated 17-100474
Plug kit Cat. 6A Plastic Plastic Plastic black 17-150254
Plug kit Cat. 6A Plastic Plastic Metal metallized/nickel plated 17-150264


