MJTP/PHAP33 series

6mm Square tact switches «
Through hole

DISTINCTIVE FEATURES

Numerous single pole / single throw momentary configurations
Excellent tactile feedback (snap dome)

Ultra compact size

Long operating life for high reliability

Molded-in terminals minimizing wicking of flux or solder

[J]) ENVIRONMENTAL SPECIFICATIONS

+ Operating Temperature: -20 °C to +70 °C (-4°F to +158 °F)
- Storage Temperature: -30 °C to +80 °C (-22 °F to +176 °F) for 96 hours
- Wave soldering: 255 °C for 5 seconds max

- Manual soldering: 300 °C for 3 seconds max

@ ELECTRICAL SPECIFICATIONS

« Contact rating: 50 mA 12VDC

- Contact Resistance: 100 mQ - 500 mQ max. depending on series
+ Insulation Resistance: 100 MQ min. at 100VDC

- Dielectric withstanding voltage: 250 VAC/ 1 minute

« Electrical life: 50,000 - 100,000 cycles min. depending on series

- Contact bounce: Less than 10 msec.

MECHANICAL SPECIFICATIONS

« Operating force: 160 gf +30gf

- Mechanical life:
- 100,000 cycles min.

+ Plunger travel: 0.25 +0.2,-0.1mm (0.010 +.008, .004")

The company reserves the right to change specifications without notice.

MATERIALS

+ Body: Thermoplastic

- Contact: Phosphor bronze or stainless
steel with silver plating

« Cover: PET film, tin plated brass or
Stainless Steel

- Terminals: Silver plated brass

« Actuator: Thermoplastic

« LED rating: Forward voltage 2.1 (3.0V max.)
Cont. forward current 20mA max at 25°C
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MJTP/PHAP33 series

6mm Square tact switches « through hole
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MJTP/PHAP33 series

6mm Square tact switches « through hole
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MJTP/PHAP33 series

6mm Square tact switches « through hole
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MJ3 Square cap with clear lens in Note: add digit from table to
MJ61/U552 MJ62/U553
Square cap Round cap center for LED illumination cap part number for color.
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0157 square black cap.
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MJTP/PHAP33 series

6mm Square tact switches -

through hole

SCHEMATICS
MJTP1109 MJTP1230 MJTPSHW On 9 MJTP1105 MJTP1236 MJTP2205
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