VOLUMETRIC FLASK

LabValue - Flasks, Volumetric Class-B with PE Stopper
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» Made of borosilicate 3.3 glass

» Chemically resistant white single graduation mark

» Class-B calibration

» Fitted with chemical resistance polyethylene stopper.

» Borosilicate 3.3 glass has the following heat tolerances:

Strain Point -515°C | Annealing Point 565°C | Softening Point 820°C.

Code Capacity Pack Size
EGL0O448C 25 ml 10
EGLO448D 50 ml 2
EGLO448E 100 ml 2
EGLO448G 250 ml 2
EGLO448H 500 ml 2
EGLO448I 1000 ml 2
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