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2.54mm Pitch Single Row  
Long Pin Female Headers 

Technical data:
Material: 
Contact material:  Brass
Contact plating: Au or Sn over 50µ" Ni
Insulator material: Black polyester UL94V-0
Standard: PBT

Electrical: 
Current rating: 3.0Amps/contact max.
Contact resistance: ≤20mΩ/contact
Insulation resistance: ≤1000MΩ at V=100V
Withstanding Voltage: 1000V AC/minute

Mechanical: 
Mechanical life cycle: Minimum 200
Operating temperature: Gold plated: –55°C to +105°C
Soldering temperature: +220°C max. (PBT)
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2.54*No. of Positions +0.40±0.30

2.54*No. of Contact –2.54±0.20

Order code Number of pins

19-0272 6

19-0273 8

19-0274 10
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