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Solar Module  
3V 100mA 0.3W  

60x48x3mm  
with 20cm Flying Leads

Order codes: 56-0124

Features:
•	 Using crystal type silicon solar cells
•	 Small size
•	 Light weight
•	 High efficiency
•	 Output with 2 solder line, 24# AWG red and black wires; length 20cm
•	 Long life and durable
•	 IP65 (Ingress Protection Code) ability

Specifications

MPN Voltage 
(V)

Current 
(mA)

Power 
(W)

Dimensions 
(mm)

Power 
Tolerance 

(%)

Temperature 
Coefficient 

(%/°C)

OPL30A10101 3 100 0.3 60 x 48 x 3 ±3 –0.45


