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TERMINAL STRIPS

WIRE TO BOARD 
CONNECTORS

CIRCULAR 
CONNECTORS

IP68 CONNECTORS

P C B  T E R M I N A L  B LO C K S
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INTERFACE 
MODULES AND 
RELAY BASES

S TA N DA R D P LU G G A B L E S S C R E W L E S S

PCB TERMINAL 
BLOCKS
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FM 28614                               EMS 613558                

3 . 8 1 m m  p i t c h  p l u g g a b l e  s c r ew l e s s 
t e r m i n a l  b l o c k s
P r o d u c t  ove r v i ew
•	 2-12 pole solid block
•	 Screwless connection
•	 Moulded in green UL94-V0 flame retardant PA66
•	 Cable acceptance - 0.08 to 1.31mm2  (28-16 AWG) 

solid and stranded cable
•	 Compatible with all 3.81mm pluggable male headers 
•	 Pluggable female connectors
•	 C US  approved  

SPECIF ICATION

Rating UL=8A/300V, IEC=10A/250V

Insulation resistance 500MΩ/500V

Withstand voltage AC2000V/1min

Contact resistance 20mΩ (max)

Working temperature -40°C to +105°C

Moulding UL94-V0, flame retardant PA66

Spring Stainless steel

Contact Bronze, Ni plated

PART  NO. POLES LENGTH

CSTBP92HE/2 2 8.41mm

CSTBP92HE/3 3 12.22mm

CSTBP92HE/4 4 16.03mm

CSTBP92HE/5 5 19.84mm

CSTBP92HE/6 6 23.65mm

CSTBP92HE/7 7 27.46mm

CSTBP92HE/8 8 31.27mm

CSTBP92HE/9 9 35.08mm

CSTBP92HE/10 10 38.89mm

CSTBP92HE/11 11 42.7mm

CSTBP92HE/12 12 46.51mm

CSTBP92HE

A S S O C I AT E D  P R O D U C T S

C S T B P 9 2 H E  m a t e s  w i t h  m a l e  t e r m i n a l  b l o c k s  C T B 9 3 H E  a n d  C T B P 9 3 V E .

C T B P 9 3 H E 		 - 	 p a g e  6 1

C T B P 9 3 V E 		 - 	 p a g e  6 1
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