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Product overview

« 2-12 pole solid block

« Professional rising clamp terminals

* Moulded in green UL94-VO flame retardant PA 66
« Cable acceptance - 0.32 to 1.6mm? (28-14AWG)

* Horizontal and vertical orientations

* Pluggable male and female connectors

« Polarized moulding

« Dual row pins for extra stability

« Also available in 5mm pitch

+ s approved

Male connector

PART NO. POLES LENGTH

CTBP96HJ

CTBP96HJ/2 2 n.8mm

CTBP96HJ/3 3 16.8mm
CTBP96HJ/4 4 21.9mm
CTBP96HJ/5 5 27.0mm
CTBP96HJ/6 6 321mm
CTBP96HJ/7 7 37.2mm
CTBP96HJ/8 8 42.2mm
CTBP96HJ/9 © 47.3mm
CTBP96HJ/10 10 52.4mm
CTBP96HJ/M n 57.5mm
CTBP96HJ/12 12 62.6mm

Male connector (flanged)

PART NO POLES
2

CTBP96HJ/2FL 1n.8mm 20.3mm
CTBP96HJ/3FL ] 16.8mm 25.4mm
CTBP96HJ/4FL 4 21.9mm 30.5mm
CTBP96HJ/5FL 5 27mm 35.6mm
CTBP96HJ/6FL 6 321mm 40.7mm
CTBP96HJ/7FL 7 37.2mm 45.7mm
CTBP96HJ/8FL 8 42.2mm 50.8mm
CTBP96HJ/9FL © 47.3mm 55.9mm
CTBP96HJ/IOFL 10 52.4mm 61.0mm
CTBP96HJ/TIFL n 57.5mm 66.1mm
CTBP96HJ/12FL 12 62.6mm 71Imm

PCB mounted female vertical connector

CTBP97VJ/2 2 12.2mm

CTBP97VJ/3 3 17.2mm

CTBP97VJ/4 4 22.3mm
CTBP97VJ/5 5 27.4mm
CTBP97VJ/6 6 32.5mm
CTBP97VJ/7 7 37.6mm
CTBP97VJ/8 8 42.6mm
CTBP97VJ/9 9 47.7mm
CTBP97VJ/10 10 52.8mm
CTBP97VJ/1 n 57.9mm
CTBP97VJ/12 12 63.0mm

LENGTH | LENGTH CTBP9IGHJ FL
B

SPECIFICATION

Rating

Insulation resistance
Withstand voltage
Contact resistance
Working temperature
Moulding
Pin/terminal

Rising clamp
Screw/torque

Recommended PCB hole size

UL=15A/300V

500M Q/500V

AC2000V/1Imin

20mQ (max)

-40°C to +105°C

UL94-VO flame retardant PA66
Tin plated brass

Brass, nickel plated

M3 steel, zinc plated 0.5Nm

@l.4mm

19.30

19.30
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PCB mounting female vertical connector (flanged)

CTBP97VJ/2FL 10.2mm 20.32mm O — TERMINAL STRIPS

CTBP97VJ/3FL 3 15.2mm 25.4mm

CTBP97VJ/AFL 4 20.3mm 30.48mm

CTBP97VJ/5FL 5 25.4mm 35.56mm o 9

CTBP97VJ/6FL 6 30.5mm 40.64mm WIRE .,.?BOARD
CONNECTORS

CTBP97VJ/7FL 7 35.6mm 45.72mm

CTBP97VJ/8FL 8 40.6mm 50.8mm

CTBP97VJ/9FL 9 457mm 55.88mm

CTBP97VJ/10FL 10 50.8mm 60.96mm 1 o o
CIRCULAR

CTBPO7VJ/NIFL T 55.9mm 66.04mm CONNECTORS

CTBP97VJ/12FL 12 61.0mm 7112mm

PCB mounting female horizontal connector 151

IP68 CONNECTORS

CTBP97HJ /2 2 12.2mm

CTBP97HJ /3 3 17.2mm

CTBP97HJ /4 4 22.3mm IIIN'ERgACE

CTBP97HJ /5 5 27.4mm 2;’&‘:,'-5?\5‘;';"

CTBP97HJ /6 6 32.5mm

CTBP97HJ /7 7 37.6mm

CTBP97HJ /8 8 42.6mm

CTBP97HJ /9 9 47.7mm

CTBP97HJ /10 10 52.8mm

CTBP97HJ /N n 57.9mm

CTBP97HJ /12 12 63.0mm

PCB mounting female horizontal connector (flanged)

5.08 5.08

CTBPO7HJ/2FL 10.2mm 20.32mm ‘ i

CTBPO7HJ/3FL 3 15.2mm 25.4mm }

CTBPO7HJ/AFL 4 20.3mm 30.48mm €)

CTBPO7HJ/SFL 5 25.4mm 35.56mm 10.2

CTBPO7HJ/6FL 6 30.5mm 40.64mm

CTBPO7HJ/7FL 7 35.6mm 45.72mm 2’

CTBPO7HJ/SFL 8 40.6mm 50.8mm i

CTBPO7HJ/9FL 9 457mm 55.88mm [ | | [g

CTBP97HJ/IOFL 10 50.8mm 60.96mm ‘ 12

CTBPO7HJ/TFL T 55.9mm 66.04mm

CTBPO7HJ/12FL 12 61.0mm 7112mm
-
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