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PCB TERMINAL
BLOCKS

5mm triple decker rising clamp
terminal blocks 081

TERMINAL STRIPS

Product overview CTBPTDVG
« Triple decker terminals 095
Moulded in green UL94-VO flame WIRE TO BOARD
retardant PAG6 CONNECTORS
e 25mm?- IEC
* 30-14 AWG - UL
* Professional rising clamp terminals 00
* Guided pin alignment -clmcuun
T - \ Y approved CONNECTORS
SPECIFICATION PART NO. POLES | LENGTH IBSSICONRECIORS
Rating UL=15A/300V CTBPTDVG/2 6 12.5mm
VDE=18A/250V 5.5
CTBPTDVG/3 9 17.5mm 060, 1750 _, 060
Insulation resistance 500M ©Q/500V A5 |
CTBPTDVG/4 12 22.5mm S
Withstand voltage AC2000V/Imin . SASA~| 1 5 8
CTBPTDVG/S 15 27.5mm 2520 INTERFACE
Contact resistance 20mQ (max) 36.60 8 @@@J MODULES AND
CTBPTDVG/6 18 32.5mm T = RELAY BASES
Working temperature -40°C to +105°C 14 =
CTBPTDVG/7 21 37.5mm © M
Moulding UL94-VO flame retardant PA66 g o350 A1
CTBPTDVG/8 24 42.5mm ﬂ: 1046 1524 g TyuT
Pin/terminal Tin plated brass 318 5 0.9
CTBPTDVG/9 27 47.5mm - -
Rising clamp Brass, nickel plated
CTBPTDVG/10 30 52.5mm
Screw/torque M2.5 steel, zinc plated 0.4Nm
CTBPTDVG/1 33 57.5mm
Recommended PCB S
hole size . CTBPTDVG/12 36 62.5mm
Flame retardant PAG66 | Triple decker terminals | Professional rising clamp
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