KNIPEX Quality — Made in Germany

Product information

98 42

Reversible Ratchet
With driving square 1/2"
ISO 3315 IEC 60900 DIN EN 60900

@

A 1000V

General
Article No.
EAN

weight
Dimensions
Standard
Reach
RohS

Classification
eCl@ss 5.1.4
ETIM 5.0

ETIM 6.0
proficl@ss 6.0
UNSPSC 13.1

technical change and errors excepted

KNIPEX Werk - C. Gustav Putsch KG - 42337 Wuppertal

e Reversible for clockwise and anti-clockwise directions
e \ery reliable retention of the actuating tools ensured by mechanically

locked retaining system
e Chrome Vanadium steel

98 42

4003773026525

599 g

265 x 84 x 37 mm

ISO 3315 DIN EN 60900 IEC 60900
no

no

21040217
EC002218
EC002218
AAA815c005
2711171
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