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Compact Industrial Relay Bases

• �	�DIN rail (EN50022)

• �	�Finger proof to IP20

• �	�Rising clamp terminals

• �	�Status indicator/protection

module option

• �	��Module only removable when

relay removed

• �	��Marking tab supplied

with base

• �	�Dual terminal numbering to

IEC 67 & DIN 46199

• �	�Ejector clip available

• �	�Logical wiring on /S series

• �	��G rail adaptor available

• , CE approved

Specification

Rating		

Dielectric strength

Index of protection

Temperature, working

Moulding

Contacts

Screws

12A/300VAC

>3kV

IP20

-40°C to +85°C

UL94-V1 self extinguishing glass filled PA6

6µ nickel plated brass

Nickel plated steel M3 combination head

Type No.

CRBS15/2N

CRCMS35

CRBS15/4B

CRBS15/3N

Description

2 pole 8 pin

Ejector clip

4 pole 14 pin

3 pole 11 pin

CRBS15

CRBS15/S

CRBS15/2N CRBS15/3N CRBS15/4N

CRBS15/4S CRBS15/3S CRBS15/2SCRBS15/4N CRBS15/2N

CRBS15/S 

Type No.

CRBS15/2S

CRBS15/3S

CRBS15/4S

CRCMS35

Description

2 pole 8 pin

3 pole 11 pin

4 pole 14 pin

Ejector clip

CRBS15/2S CRBS15/3S CRBS15/4S


