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Metal film resistors

Metal film resistorsMetal film resistorsMetal film resistorsMetal film resistors
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

62-0712 n/a PACK 100 10R 0.25W MF RESISTOR (RC)
62-0714 n/a PACK 100 12R 0.25W MF RESISTOR (RC)
62-0715 n/a PACK 100 13R 0.25W MF RESISTOR (RC)
62-0717 n/a PACK 100 15R 0.25W MF RESISTOR (RC)
62-0722 n/a PACK 100 18R 0.25W MF RESISTOR (RC)
62-0723 n/a PACK 100 20R 0.25W MF RESISTOR (RC)
62-0724 n/a PACK 100 22R 0.25W MF RESISTOR (RC)
62-0727 n/a PACK 100 24R 0.25W MF RESISTOR (RC)
62-0730 n/a PACK 100 30R 0.25W MF RESISTOR (RC)
62-0732 n/a PACK 100 33R 0.25W MF RESISTOR (RC)
62-0733 n/a PACK 100 36R 0.25W MF RESISTOR (RC)
62-0734 n/a PACK 100 39R 0.25W MF RESISTOR (RC)
62-0735 n/a PACK 100 43R 0.25W MF RESISTOR (RC)
62-0737 n/a PACK 100 47R 0.25W MF RESISTOR (RC)
62-0742 n/a PACK 100 51R 0.25W MF RESISTOR (RC)
62-0744 n/a PACK 100 56R 0.25W MF RESISTOR (RC)
62-0746 n/a PACK 100 62R 0.25W MF RESISTOR (RC)
62-0747 n/a PACK 100 68R 0.25W MF RESISTOR (RC)
62-0752 n/a PACK 100 75R 0.25W MF RESISTOR (RC)
62-0754 n/a PACK 100 82R 0.25W MF RESISTOR (RC)
62-0757 n/a PACK 100 91R 0.25W MF RESISTOR (RC)
62-0762 n/a PK 100 100R 0.25W MF RESISTOR (RC)
62-0763 n/a PK 100 110R 0.25W MF RESISTOR (RC)
62-0764 n/a PK 100 120R 0.25W MF RESISTOR (RC)
62-0765 n/a PK 100 130R 0.25W MF RESISTOR (RC)
62-0767 n/a PK 100 150R 0.25W MF RESISTOR (RC)
62-0769 n/a PK 100 160R 0.25W MF RESISTOR (RC)
62-0772 n/a PK 100 180R 0.25W MF RESISTOR (RC)
62-0774 n/a PK 100 200R 0.25W MF RESISTOR (RC)
62-0777 n/a PK 100 220R 0.25W MF RESISTOR (RC)
62-0782 n/a PK 100 240R 0.25W MF RESISTOR (RC)
62-0784 n/a PK 100 270R 0.25W MF RESISTOR (RC)
62-0787 n/a PK 100 300R 0.25W MF RESISTOR (RC)
62-0792 n/a PK 100 330R 0.25W MF RESISTOR (RC)
62-0793 n/a PK 100 360R 0.25W MF RESISTOR (RC)
62-0794 n/a PK 100 390R 0.25W MF RESISTOR (RC)
62-0795 n/a PK 100 430R 0.25W MF RESISTOR (RC)
62-0797 n/a PK 100 470R 0.25W MF RESISTOR (RC)
62-0802 n/a PK 100 510R 0.25W MF RESISTOR (RC)
62-0804 n/a PK 100 560R 0.25W MF RESISTOR (RC)
62-0807 n/a PK 100 620R 0.25W MF RESISTOR (RC)
62-0812 n/a PK 100 680R 0.25W MF RESISTOR (RC)
62-0814 n/a PK 100 750R 0.25W MF RESISTOR (RC)
62-0817 n/a PK 100 820R 0.25W MF RESISTOR (RC)
62-0822 n/a PK 100 910R 0.25W MF RESISTOR (RC)
62-0824 n/a PACK 100 1K 0.25W MF RESISTOR (RC)
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Metal film resistorsMetal film resistorsMetal film resistorsMetal film resistors
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

62-0825 n/a PACK 100 1K1 0.25W MF RESISTOR (RC)
62-0827 n/a PACK 100 1K2 0.25W MF RESISTOR (RC)
62-0832 n/a PACK 100 1K3 0.25W MF RESISTOR (RC)
62-0834 n/a PACK 100 1K5 0.25W MF RESISTOR (RC)
62-0837 n/a PACK 100 1K6 0.25W MF RESISTOR (RC)
62-0842 n/a PACK 100 1K8 0.25W MF RESISTOR (RC)
62-0844 n/a PACK 100 2K 0.25W MF RESISTOR (RC)
62-0847 n/a PACK 100 2K2 0.25W MF RESISTOR (RC)
62-0849 n/a PACK 100 2K4 0.25W MF RESISTOR (RC)
62-0852 n/a PACK 100 2K7 0.25W MF RESISTOR (RC)
62-0854 n/a PACK 100 3K9 0.25W MF RESISTOR (RC)
62-0857 n/a PACK 100 4K3 0.25W MF RESISTOR (RC)
62-0862 n/a PACK 100 4K7 0.25W MF RESISTOR (RC)
62-0864 n/a PACK 100 5K1 0.25W MF RESISTOR (RC)
62-0867 n/a PACK 100 5K6 0.25W MF RESISTOR (RC)
62-0872 n/a PACK 100 6K2 0.25W MF RESISTOR (RC)
62-0874 n/a PACK 100 6K8 0.25W MF RESISTOR (RC)
62-0877 n/a PACK 100 7K5 0.25W MF RESISTOR (RC)
62-0882 n/a PACK 100 8K2 0.25W MF RESISTOR (RC)
62-0884 n/a PACK 100 9K1 0.25W MF RESISTOR (RC)
62-0887 n/a PACK 100 3K 0.25W MF RESISTOR (RC)
62-0892 n/a PACK 100 3K3 0.25W MF RESISTOR (RC)
62-0894 n/a PACK 100 3K6 0.25W MF RESISTOR (RC)
62-0897 n/a PACK 100 10K 0.25W MF RESISTOR (RC)
62-0902 n/a PACK 100 11K 0.25W MF RESISTOR (RC)
62-0904 n/a PACK 100 12K 0.25W MF RESISTOR (RC)
62-0906 n/a PK 100 13K 0.25W MF RESISTOR (RC)
62-0907 n/a PACK 100 15K 0.25W MF RESISTOR (RC)
62-0912 n/a PACK 100 16K 0.25W MF RESISTOR (RC)
62-0914 n/a PACK 100 18K 0.25W MF RESISTOR (RC)
62-0917 n/a PACK 100 20K 0.25W MF RESISTOR (RC)
62-0922 n/a PACK 100 22K 0.25W MF RESISTOR (RC)
62-0924 n/a PACK 100 24K 0.25W MF RESISTOR (RC)
62-0927 n/a PACK 100 27K 0.25W MF RESISTOR (RC)
62-0932 n/a PACK 100 30K 0.25W MF RESISTOR (RC)
62-0934 n/a PACK 100 33K 0.25W MF RESISTOR (RC)
62-0936 n/a PK 100 36K 0.25W MF RESISTOR (RC)
62-0937 n/a PACK 100 39K 0.25W MF RESISTOR (RC)
62-0939 n/a PK 100 43K 0.25W MF RESISTOR (RC)
62-0942 n/a PACK 100 47K 0.25W MF RESISTOR (RC)
62-0944 n/a PACK 100 51K 0.25W MF RESISTOR (RC)
62-0947 n/a PACK 100 56K 0.25W MF RESISTOR (RC)
62-0949 n/a PACK 100 62K 0.25W MF RESISTOR (RC)
62-0952 n/a PACK 100 68K 0.25W MF RESISTOR (RC)
62-0954 n/a PACK 100 75K 0.25W MF RESISTOR (RC)
62-0957 n/a PACK 100 82K 0.25W MF RESISTOR (RC)



Metal film resistorsMetal film resistorsMetal film resistorsMetal film resistors
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

62-0962 n/a PACK 100 91K 0.25W MF RESISTOR (RC)
62-0964 n/a PK 100 100K 0.25W MF RESISTOR (RC)
62-0967 n/a PK 100 110K 0.25W MF RESISTOR (RC)
62-0972 n/a PK 100 120K 0.25W MF RESISTOR (RC)
62-0973 n/a PK 100 130K 0.25W MF RESISTOR (RC)
62-0974 n/a PK 100 150K 0.25W MF RESISTOR (RC)
62-0975 n/a PK 100 160K 0.25W MF RESISTOR (RC)
62-0977 n/a PK 100 180K 0.25W MF RESISTOR (RC)
62-0982 n/a PK 100 200K 0.25W MF RESISTOR (RC)
62-0984 n/a PK 100 220K 0.25W MF RESISTOR (RC)
62-0985 n/a PK 100 240K 0.25W MF RESISTOR (RC)
62-0987 n/a PK 100 270K 0.25W MF RESISTOR (RC)
62-0989 n/a PK 100 300K 0.25W MF RESISTOR (RC)
62-0992 n/a PK 100 330K 0.25W MF RESISTOR (RC)
62-0993 n/a PK 100 360K 0.25W MF RESISTOR (RC)
62-0994 n/a PK 100 390K 0.25W MF RESISTOR (RC)
62-0995 n/a PK 100 430K 0.25W MF RESISTOR (RC)
62-0997 n/a PK 100 470K 0.25W MF RESISTOR (RC)
62-0999 n/a PK 100 510K 0.25W MF RESISTOR (RC)
62-1002 n/a PK 100 560K 0.25W MF RESISTOR (RC)
62-1003 n/a PK 100 620K 0.25W MF RESISTOR (RC)
62-1004 n/a PK 100 680K 0.25W MF RESISTOR (RC)
62-1005 n/a PK 100 750K 0.25W MF RESISTOR (RC)
62-1007 n/a PK 100 820K 0.25W MF RESISTOR (RC)
62-1009 n/a PK 100 910K 0.25W MF RESISTOR (RC)
62-1012 n/a PACK 100 1M 0.25W MF RESISTOR (RC)
62-1022 n/a BOX 1000 10R 0.25W MF RESISTOR (RC)
62-1024 n/a BOX 1000 12R 0.25W MF RESISTOR (RC)
62-1025 n/a BOX 1000 13R 0.25W MF RESISTOR RC
62-1027 n/a BOX 1000 15R 0.25W MF RESISTOR (RC)
62-1032 n/a BOX 1000 18R 0.25W MF RESISTOR (RC)
62-1033 n/a BOX 1000 20R 0.25W MF RESISTOR (RC)
62-1034 n/a BOX 1000 22R 0.25W MF RESISTOR (RC)
62-1037 n/a BOX 1000 24R 0.25W MF RESISTOR (RC)
62-1041 n/a BOX 1000 30R 0.25W MF RESISTOR (RC)
62-1042 n/a BOX 1000 33R 0.25W MF RESISTOR (RC)
62-1043 n/a BOX 1000 36R 0.25W MF RESISTOR RC
62-1044 n/a BOX 1000 39R 0.25W MF RESISTOR (RC)
62-1045 n/a 43R 0.25W METAL FILM RESISTOR BOX1000 RC
62-1047 n/a BOX 1000 47R 0.25W MF RESISTOR (RC)
62-1052 n/a BOX 1000 51R 0.25W MF RESISTOR (RC)
62-1054 n/a BOX 1000 56R 0.25W MF RESISTOR (RC)
62-1055 n/a BOX 1000 62R 0.25W MF RESISTOR (RC)
62-1057 n/a BOX 1000 68R 0.25W MF RESISTOR (RC)
62-1062 n/a BOX 1000 75R 0.25W MF RESISTOR (RC)
62-1064 n/a BOX 1000 82R 0.25W MF RESISTOR (RC)



Metal film resistorsMetal film resistorsMetal film resistorsMetal film resistors
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

62-1067 n/a BOX 1000 91R 0.25W MF RESISTOR (RC)
62-1072 n/a BX 1000 100R 0.25W MF RESISTOR (RC)
62-1073 n/a BOX 1000 110R 0.25W MF RESIST. (RC)
62-1074 n/a BX 1000 120R 0.25W MF RESISTOR (RC)
62-1076 n/a BOX 1000 130R 0.25W MF RESIST. (RC)
62-1077 n/a BX 1000 150R 0.25W MF RESISTOR (RC)
62-1079 n/a BOX 1000 160R 0.25W MF RESIST. (RC)
62-1082 n/a BX 1000 180R 0.25W MF RESISTOR (RC)
62-1084 n/a BX 1000 200R 0.25W MF RESISTOR (RC)
62-1087 n/a BX 1000 220R 0.25W MF RESISTOR (RC)
62-1092 n/a BX 1000 240R 0.25W MF RESISTOR (RC)
62-1094 n/a BX 1000 270R 0.25W MF RESISTOR (RC)
62-1097 n/a BX 1000 300R 0.25W MF RESISTOR (RC)
62-1102 n/a BX 1000 330R 0.25W MF RESISTOR (RC)
62-1103 n/a BOX 1000 360R 0.25W MF RESIST. (RC)
62-1104 n/a BX 1000 390R 0.25W MF RESISTOR (RC)
62-1106 n/a BOX 1000 430R 0.25W MF RESIST. (RC)
62-1107 n/a BX 1000 470R 0.25W MF RESISTOR (RC)
62-1112 n/a BX 1000 510R 0.25W MF RESISTOR (RC)
62-1114 n/a BX 1000 560R 0.25W MF RESISTOR (RC)
62-1117 n/a BX 1000 620R 0.25W MF RESISTOR (RC)
62-1122 n/a BX 1000 680R 0.25W MF RESISTOR (RC)
62-1124 n/a BX 1000 750R 0.25W MF RESISTOR (RC)
62-1127 n/a BX 1000 820R 0.25W MF RESISTOR (RC)
62-1132 n/a BX 1000 910R 0.25W MF RESISTOR (RC)
62-1134 n/a BOX 1000 1K 0.25W MF RESISTOR (RC)
62-1135 n/a BOX 1000 1K1 0.25W MF RESISTOR (RC)
62-1137 n/a BOX 1000 1K2 0.25W MF RESISTOR (RC)
62-1142 n/a BOX 1000 1K3 0.25W MF RESISTOR (RC)
62-1144 n/a BOX 1000 1K5 0.25W MF RESISTOR (RC)
62-1147 n/a BOX 1000 1K6 0.25W MF RESISTOR (RC)
62-1152 n/a BOX 1000 1K8 0.25W MF RESISTOR (RC)
62-1154 n/a BOX 1000 2K 0.25W MF RESISTOR (RC)
62-1157 n/a BOX 1000 2K2 0.25W MF RESISTOR (RC)
62-1159 n/a BOX 1000 2K4 0.25W MF RESISTOR (RC)
62-1162 n/a BOX 1000 2K7 0.25W MF RESISTOR (RC)
62-1164 n/a BOX 1000 3K 0.25W MF RESISTOR (RC)
62-1167 n/a BOX 1000 3K3 0.25W MF RESISTOR (RC)
62-1172 n/a BOX 1000 3K6 0.25W MF RESISTOR (RC)
62-1174 n/a BOX 1000 3K9 0.25W MF RESISTOR (RC)
62-1177 n/a BOX 1000 4K3 0.25W MF RESISTOR (RC)
62-1182 n/a BOX 1000 4K7 0.25W MF RESISTOR (RC)
62-1184 n/a BOX 1000 5K1 0.25W MF RESISTOR (RC)
62-1187 n/a BOX 1000 5K6 0.25W MF RESISTOR (RC)
62-1192 n/a BOX 1000 6K2 0.25W MF RESISTOR (RC)
62-1194 n/a BOX 1000 6K8 0.25W MF RESISTOR (RC)



Metal film resistorsMetal film resistorsMetal film resistorsMetal film resistors
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

62-1197 n/a BOX 1000 7K5 0.25W MF RESISTOR (RC)
62-1202 n/a BOX 1000 8K2 0.25W MF RESISTOR (RC)
62-1204 n/a BOX 1000 9K1 0.25W MF RESISTOR (RC)
62-1207 n/a BOX 1000 10K 0.25W MF RESISTOR (RC)
62-1212 n/a BOX 1000 11K 0.25W MF RESISTOR (RC)
62-1214 n/a BOX 1000 12K 0.25W MF RESISTOR (RC)
62-1215 n/a BOX 1000 13K 0.25W MF RESISTOR (RC)
62-1217 n/a BOX 1000 15K 0.25W MF RESISTOR (RC)
62-1222 n/a BOX 1000 16K 0.25W MF RESISTOR (RC)
62-1224 n/a BOX 1000 18K 0.25W MF RESISTOR (RC)
62-1227 n/a BOX 1000 20K 0.25W MF RESISTOR (RC)
62-1232 n/a BOX 1000 22K 0.25W MF RESISTOR (RC)
62-1234 n/a BOX 1000 24K 0.25W MF RESISTOR (RC)
62-1237 n/a BOX 1000 27K 0.25W MF RESISTOR (RC)
62-1242 n/a BOX 1000 30K 0.25W MF RESISTOR (RC)
62-1244 n/a BOX 1000 33K 0.25W MF RESISTOR (RC)
62-1245 n/a BOX 1000 36K 0.25W MF RESISTOR (RC)
62-1247 n/a BOX 1000 39K 0.25W MF RESISTOR (RC)
62-1251 n/a BOX 1000 43K 0.25W MF RESISTOR (RC)
62-1252 n/a BOX 1000 47K 0.25W MF RESISTOR (RC)
62-1254 n/a BOX 1000 51K 0.25W MF RESISTOR (RC)
62-1257 n/a BOX 1000 56K 0.25W MF RESISTOR (RC)
62-1259 n/a BOX 1000 62K 0.25W MF RESISTOR (RC)
62-1262 n/a BOX 1000 68K 0.25W MF RESISTOR (RC)
62-1264 n/a BOX 1000 75K 0.25W MF RESISTOR (RC)
62-1267 n/a BOX 1000 82K 0.25W MF RESISTOR (RC)
62-1272 n/a BOX 1000 91K 0.25W MF RESISTOR (RC)
62-1274 n/a BX 1000 100K 0.25W MF RESISTOR (RC)
62-1277 n/a BX 1000 110K 0.25W MF RESISTOR (RC)
62-1282 n/a BX 1000 120K 0.25W MF RESISTOR (RC)
62-1283 n/a BOX 1000 130K 0.25W MF RESIST. (RC)
62-1284 n/a BX 1000 150K 0.25W MF RESISTOR (RC)
62-1286 n/a BOX 1000 160K 0.25W MF RESIST. (RC)
62-1287 n/a BX 1000 180K 0.25W MF RESISTOR (RC)
62-1292 n/a BOX 1000 200K 0.25W MF RESISTOR (RC)
62-1294 n/a BX 1000 220K 0.25W MF RESISTOR (RC)
62-1296 n/a BOX 1000 240K 0.25W MF RESIST. (RC)
62-1297 n/a BX 1000 270K 0.25W MF RESISTOR (RC)
62-1299 n/a BOX 1000 300K 0.25W MF RESIST. (RC)
62-1302 n/a BX 1000 330K 0.25W MF RESISTOR (RC)
62-1303 n/a BOX 1000 360K 0.25W MF RESIST. (RC)
62-1304 n/a BX 1000 390K 0.25W MF RESISTOR (RC)
62-1305 n/a BOX 1000 430K 0.25W MF RESIST. RC
62-1307 n/a BX 1000 470K 0.25W MF RESISTOR (RC)
62-1309 n/a BOX 1000 510K 0.25W MF RESIST. (RC)
62-1312 n/a BX 1000 560K 0.25W MF RESISTOR (RC)
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62-1313 n/a BOX 1000 620K 0.25W MF RESIST. (RC)
62-1314 n/a BX 1000 680K 0.25W MF RESISTOR (RC)
62-1316 n/a BOX 1000 750K 0.25W MF RESIST. (RC)
62-1317 n/a BX 1000 820K 0.25W MF RESISTOR (RC)
62-1319 n/a BX 1000 910K 0.25W MF RESISTOR (RC)
62-1322 n/a BOX 1000 1M 0.25W MF RESISTOR (RC)



MR25 0.25W 1% Metal Film Resistors

Truohm – MR25 Series

Introduction

To fill the gap between carbon film resistors and metal oxide resistors, Truohm offers a range of metal film resistors.
The resistive element is a high content of AL203 ceramic rod on which a thin film of Ni/Cr alloy is deposited by
vacuum sputtering system.  Then contact caps are pressed on to the ends of the rod and a helical grove cut through
the film to give the required resistance value.  Connecting copper wire is welded to the end caps.  Finally the
resistors are coated with multiple layers of insulation lacquer.  Truohm MF series are suitable for all circuit
applications especially where tighter tolerance and low temperature coefficient is required.

Features

• Meets American military specification MIL-R-10509F
• Very low current noise
• Temperature coefficient of 50ppm/ºC
• Wattage of 0.25W
• Tolerance of 1%
• Resistance range of 10Ω up to 1MΩ
• Small package size
• Major applications are switching power supplies, communications equipment, monitors, testing meters

Specifications

Dimensions (mm)
Type

Power
Rating
@70ºC L D H d

Maximum
Working
Voltage

Maximum
Overload
Voltage

Resistance
Range

MR-25 0.25W 6.0 ±0.5 2.3 ±0.3 28 ±2 0.60 ±0.05 250V 500V 10Ω - 1MΩ

Derating Curve

Current Noise

Load Life Surface Temp. Rise Vs. Load

High Frequency Resistance Distribution



Characteristics:

Test Test Method Limits

Short-Time
Overload

Resistors shall be tested at 2.5 times rated
voltage for 5 seconds at ambient room
temperature

Resistance shall not change more than ±0.25%
No evidence of mechanical damage

Terminal
Strength

Pull a resistor with a weight of 1kg for 30
seconds.  Bend the terminal lead wire with
500g weight to 90 degree and bend it to 90
degree in opposite direction and return to
normal

Resistance shall not change more than ±0.2%.
No evidence of mechanical damage

Resistance To
Soldering Heat

Immerse each terminal wire of a resistor up to
4 ±0.8mm away from the resistor body in the
solder tank at 350 ±10ºC for 3 ±0.5 seconds.
Measure resistance in 3 hours

Resistance shall not change more than ±0.1%.
No evidence of mechanical damage

Moisture
Resistance

At temperature of 40 ±2ºC and a relative
humidity of 90-95% for 1000 ± 12 hours, under
a rating DC voltage for 1 hour on and ½ hour
off

Resistance shall not change more than ±0.5%
No evidence of mechanical damage

Load Life

Thermostatic chamber at a temperature of 70
±5ºC under a rated DC voltage for 1.5 hours on
and ½ hour off, repeat this cycle for 1000 ±12
hours

Resistance shall not change more than ±0.5%
No evidence of mechanical damage

Insulation
Resistance

Resistors shall be clamped in the trough of a
90 degree metallic V-block, apply DC 100V
between this electrode and another lead wire
for 1 minute

10,000 MΩ above

Noise Quad-Tech Laboratories Inc.
Model 515B

100KΩ below 0.3µ V/V

100KΩ - 1MΩ  below 0.5µ V/V

1MΩ - 5.6MΩ 1.0µ V/V

Vibration

Total amplitude of 1.5mm.  The frequency shall
vary from 10Hz to 55Hz, for approximate 1
second.  Make this test in the direction parallel
to the resistor axis, and up/down for 2 hours
respectively.  (all together 6 hours)

Resistance shall not change more than ±0.25%.
No evidence of mechanical damage

Dielectric
Withstanding
Voltage

Resistors shall be clamped in the trough of a
90 degree metallic V-block, apply AC between
this electrode and another lead wire for 1
minute

Resistance shall not change more than ±0.5%
No evidence of mechanical damage

Resistance To
Solvents

Immerse a resistor completely in reagent at a
temperature of 20-25ºC for 30 ±0.5 seconds

No evidence of mechanical damage

Solderability

Apply flux to the terminal wire of a resistor up
to 4 ±0.8mm away from the resistor body and
immerse the flux applied portion in the solder
tank at 230 ±5ºC for 5 ±0.5 seconds

More than 95% of a circumference of the
immersed portion shall be completely covered
with new solder

STEP 1 2 3 4
TEMP -55ºC 25ºC 155ºC 25ºC
TIME 30min 10-15min 30min 10-15min

Temperature
Cycling

Form 1 to 4 is a cycle as shown above, repeat 5 cycles
measure resistance after 1 hour in normal temperature

Resistance shall not change more than ±(0.25%
+ 0.05Ω)
No evidence of mechanical damage




