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4mm Stackable Plugs 

Specification:
Maximum current: 30A
Insulation resistance: 100Mohms @ 500Vdc
Breakdown voltage: 1000Vac (1 minute)

63885_V1

Black: 17-0400
Blue: 17-0405
Green: 17-0410
Red: 17-0420
White: 17-0425
Yellow: 17-0430


