DATASHEET

PVC Twin Cable, 2 x 0.5mm?, 10 M, Black Version 07/16
Item no. 1484655

OPErating IEMPEIALUIE..........cuiieieircieee e -20°Cto70°C

Jacket, OULEr AIMENSION. ..o PVC 4.0 x 2.0mm

AWG ...ttt 20

NO. O CONAUCIOTS......couvriririire bbb 2x 0.5 mm?

CCA Strand Per CONAUCTON. .......cvuiuieireerireieerc e 16 x 0.20 mm

C0l0T e Black

CapacitanCe CONAUCIOT. ... 210 pF

VOIAGE. ...ttt bbb bbbttt Less than 50 V/DC or 75 VIAC
INSUIALION FESISTANCE. .....coucecerecii et Min 200 M Q x km

Operating NUMIAIY..........crieieiirriree bbb 10-90 % RH

PACKAGING. ...ttt 10 meter spool
EEJNMD vanston esened Repradcion by amy ood. 6.5 phlocopy, TG, o 1 Cptt n Sckon e rOessng ycloms.

require the prior written approval by the editor. Reprinting, also in part, is prohibited. This data represent the technical status at the time of
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