Lenovo.

Lenovo Enterprise C19 PDU power distribution unit (PDU) 6 AC
outlet(s)

Brand : Lenovo Product code: 39Y8948

Product name : Enterprise C19 PDU

Enterprise C19 PDU
Lenovo Enterprise C19 PDU power distribution unit (PDU) 6 AC outlet(s):

These Enterprise PDUs are ideal for extending and enhancing the levels of availability while supporting
even the most power-demanding servers. Primarily designed for xSeries servers, they also support mid-
range and high-end server products.

The new DPI Enterprise PDUs will complement the current DPI PDUs. The new models also deploy the
same modular approach to power distribution as current PDUs, but do not include detachable line cords
due to the power levels. There are versions for nearly every region worldwide. These PDUs are highly
advanced relative to the competition in setup, ease of installation, density and scalability.

Lenovo Enterprise C19 PDU. PDU types: Basic. AC outlets quantity: 6 AC outlet(s), AC outlet types: C19
coupler, Output connections: 6 x IEC 320 EN 60320 C19. Nominal input voltage: 200 - 240 V, Maximum
current: 60 A. Width: 439 mm, Depth: 213 mm, Height: 43.9 mm

Design Power

PDU types * Basic Nominal input voltage * 200 -240V

Ports & interfaces Maximum current * 60 A

AC outlets quantity * 6 AC outlet(s) Weight & dimensions

AC outlet types * C19 coupler Width 439 mm

Output connections 6 x IEC 320 EN 60320 C19 Depth 213 mm
Height 43.9 mm
Weight 9.6 kg
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Disclaimer. The information published here (the "Information") is based on sources that can be considered reliable, typically the manufacturer, but
this Information is provided "AS IS" and without guarantee of correctness or completeness. The Information is only indicative and can be changed at
any time without notification. No rights can be based on the Information. Suppliers or aggregators of this Information do not accept any liability with
regard to the content of (web)pages and other documents, including its Information. The publisher of the Information can not be held liable for the
content of 3rd party websites that are linking this Information or are linked to from this Information. You as the User of the Information are solely
responsible for the choice and usage of this Information. You are not entitled to transfer, copy or otherwise multiply or distribute the Information. You
are obliged to follow the directions of the copyright owner(s) with regard to the use of the Information. Exclusively Dutch law is applicable. With
regard to price and stock data on the site, the publisher followed a number of starting points, which are not necessarily relevant for your private or
business circumstances. Therefore, the price and stock data are only indicative and are subject to changes. You are personally responsible for the
way you use and apply this information. As a user of the Information or sites or documents in which this Information is included, you will adhere to
standard fair use including avoidance of spamming, ripping, intellectual-property violations, privacy violations, and any other illegal activity.
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