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HP Moonshot-45XGc Switch Module Kit network switch module

Brand : HP Product code: 704654-B21

Product name : Moonshot-45XGc Switch Module Kit

HP Moonshot-45XGc Switch Module Kit

HP Moonshot-45XGc Switch Module Kit network switch module:

The HP Moonshot-45XGc Switch Module is designed to provide high speed, low-latency connectivity
while dramatically reducing cost and complexity of deploying solutions at scale. The 45XGc Switch
Module, together with the HP Moonshot-4QSFP+ Uplink Module, provides 10GbE network connections to
cartridges within the HP Moonshot 1500 chassis and 40Gb/10Gb connectivity external to the chassis. Up
to two switch modules are supported in each chassis. IRF may be used to eliminate the cost of TOR
switches and provide failover in the event of a switch or uplink failure.
HP Moonshot-45XGc Switch Module Kit. Fiber optic connector: QSFP+, SFP+. Compatibility: HP Moonshot
1500. Power consumption (typical): 60 W. Weight: 1.71 kg. I/O ports: 45 x 1GbE 4 x 40GbE 2 x serial

Optical fiber

Fiber optic connector QSFP+, SFP+

Ports & interfaces

I/O ports 45 x 1GbE 4 x 40GbE 2 x serial

Performance

Compatibility HP Moonshot 1500

Power

Power consumption (typical) 60 W

Weight & dimensions

Weight 1.71 kg

Ergonomics

Connectivity LEDs ✔
Logistics data

Harmonized System (HS) code 85176990
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Disclaimer. The information published here (the "Information") is based on sources that can be considered reliable, typically the manufacturer, but
this Information is provided "AS IS" and without guarantee of correctness or completeness. The Information is only indicative and can be changed at
any time without notification. No rights can be based on the Information. Suppliers or aggregators of this Information do not accept any liability with
regard to the content of (web)pages and other documents, including its Information. The publisher of the Information can not be held liable for the
content of 3rd party websites that are linking this Information or are linked to from this Information. You as the User of the Information are solely
responsible for the choice and usage of this Information. You are not entitled to transfer, copy or otherwise multiply or distribute the Information. You
are obliged to follow the directions of the copyright owner(s) with regard to the use of the Information. Exclusively Dutch law is applicable. With
regard to price and stock data on the site, the publisher followed a number of starting points, which are not necessarily relevant for your private or
business circumstances. Therefore, the price and stock data are only indicative and are subject to changes. You are personally responsible for the
way you use and apply this information. As a user of the Information or sites or documents in which this Information is included, you will adhere to
standard fair use including avoidance of spamming, ripping, intellectual-property violations, privacy violations, and any other illegal activity.
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