APrC

APC NetShelter AR204A - 4 Post Open Frame Rack 44U #12-24
Threaded Holes

Brand : APC Product code: AR204A

Product name : APC NetShelter AR204A - 4 Post Open
Frame Rack 44U #12-24 Threaded Holes

- Supports up to 2000 Ibs of static load, ideal for heavy IT equipment

- Features 12-24 threaded holes, providing secure mounting for equipment

- Includes an installation guide and mounting hardware, making setup straightforward

- Conforms to EIA-310E standards, ensuring compatibility with a wide range of IT equipment
APC NetShelter AR204A - 4 Post Open Frame Rack 44U #12-24 Threaded Holes

APC NetShelter AR204A - 4 Post Open Frame Rack 44U #12-24 Threaded Holes:

The APC NetShelter 4 Post Open Frame Rack is a 44U rack designed for high-density server and
networking applications. The rack conforms to EIA-310E standards, ensuring compatibility with a wide
range of IT equipment. It includes an installation guide and mounting hardware for straightforward
setup.

APC NetShelter AR204A - 4 Post Open Frame Rack 44U #12-24 Threaded Holes. Type: Rack frame,
Product colour: Black. Weight: 41.8 kg

Features Packaging data
Type * Rack frame Package width 254 mm
Product colour * Black Package depth 188 mm
Rack capacity 44U Package height 2083 mm
Certification REACH Package weight 46.4 kg
Weight & dimensions Technical details
Width 600 mm Compliance certificates RoHS
Depth (max) 74.7cm Logistics data
Height 2130 mm .

; Harmonized System (HS) code 85389099
Weight 41.8 kg
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Disclaimer. The information published here (the "Information") is based on sources that can be considered reliable, typically the manufacturer, but
this Information is provided "AS IS" and without guarantee of correctness or completeness. The Information is only indicative and can be changed at
any time without notification. No rights can be based on the Information. Suppliers or aggregators of this Information do not accept any liability with
regard to the content of (web)pages and other documents, including its Information. The publisher of the Information can not be held liable for the
content of 3rd party websites that are linking this Information or are linked to from this Information. You as the User of the Information are solely
responsible for the choice and usage of this Information. You are not entitled to transfer, copy or otherwise multiply or distribute the Information. You
are obliged to follow the directions of the copyright owner(s) with regard to the use of the Information. Exclusively Dutch law is applicable. With
regard to price and stock data on the site, the publisher followed a number of starting points, which are not necessarily relevant for your private or
business circumstances. Therefore, the price and stock data are only indicative and are subject to changes. You are personally responsible for the
way you use and apply this information. As a user of the Information or sites or documents in which this Information is included, you will adhere to
standard fair use including avoidance of spamming, ripping, intellectual-property violations, privacy violations, and any other illegal activity.
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