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D-Link DWM-3010 gateway/controller 10, 100, 1000 Mbit/s

Brand : D-Link Product code: DWM-3010

Product name : DWM-3010

- 1 x 10/100/1000 Ethernet WAN/LAN Ports
- 2 x 10/100/1000 Ethernet LAN port
- Roll out a high-speed dual-band Wi-Fi network capable of Gigabit-plus speeds
- Reap the full benefits of 5G NR, experiencing lightning-fast downloads, ultra-low latency and reduced
congestion
- Dual SIM slots allow multiple providers, eliminating dead zones and offering cellular failover
- Supports WPA2™ — Wi-Fi security for more protection
- Supports a range of professional VPN options, incl.: IPSec/OpenVPN/L2TP/PPTP/GRE
- Effortless remote management with the D-Link Edge Cloud Solution
- Connect up to 50 devices simultaneously to your Wi-Fi network
- Ruggedized design for wide-temperature operation
5G NR M2M Gateway
D-Link DWM-3010. Product colour: Black. Antenna type: External. Ethernet LAN data rates: 10,100,1000
Mbit/s, Networking standards: IEEE 802.11a, IEEE 802.11ac, IEEE 802.11b, IEEE 802.11g, IEEE 802.11n,
Firewall throughput: 866 Mbit/s. Security algorithms: SNMP. Input current: 2.7 A, DC input voltage: 9 V

Design

Product colour * Black

Features

Antenna type External

Protocols

DMZ support ✔
Network

Ethernet LAN data rates 10,100,1000 Mbit/s

Networking standards
IEEE 802.11a, IEEE 802.11ac, IEEE
802.11b, IEEE 802.11g, IEEE
802.11n

Firewall throughput 866 Mbit/s

Security

Security algorithms SNMP

Ports & interfaces

USB 3.2 Gen 1 (3.1 Gen 1) Type-A
ports quantity 1

Ports & interfaces

SIM card slot ✔
Ethernet LAN (RJ-45) ports 3

Management features

Quality of Service (QoS) support ✔
Power

Input current 2.7 A
DC input voltage 9 V

Weight & dimensions

Width 160 mm
Depth 125 mm
Height 62 mm
Weight 1.15 kg

Operational conditions

Operating temperature (T-T) -30 - 60 °C
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Disclaimer. The information published here (the "Information") is based on sources that can be considered reliable, typically the manufacturer, but
this Information is provided "AS IS" and without guarantee of correctness or completeness. The Information is only indicative and can be changed at
any time without notification. No rights can be based on the Information. Suppliers or aggregators of this Information do not accept any liability with
regard to the content of (web)pages and other documents, including its Information. The publisher of the Information can not be held liable for the
content of 3rd party websites that are linking this Information or are linked to from this Information. You as the User of the Information are solely
responsible for the choice and usage of this Information. You are not entitled to transfer, copy or otherwise multiply or distribute the Information. You
are obliged to follow the directions of the copyright owner(s) with regard to the use of the Information. Exclusively Dutch law is applicable. With
regard to price and stock data on the site, the publisher followed a number of starting points, which are not necessarily relevant for your private or
business circumstances. Therefore, the price and stock data are only indicative and are subject to changes. You are personally responsible for the
way you use and apply this information. As a user of the Information or sites or documents in which this Information is included, you will adhere to
standard fair use including avoidance of spamming, ripping, intellectual-property violations, privacy violations, and any other illegal activity.
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