
 

 

105990072 Datasheet 

 

Specifications: 

Item Value 

Operating Voltage 5V 

Phase 4 

Reduction ratio 1/64 

Step Angle 5.625°/64 

Diameter 28mm / Nema 11 

Idle In-traction Frequency >500HZ 

Idle Out-traction Frequency >1000HZ 

Resistance 21±7% 

Noise ≤40dB 

Drive mode four-phase eight-stepping 
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