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Rocker switches

Rocker switchesRocker switchesRocker switchesRocker switches
Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription

75-0730 R13-66A3 RED SPST RED 'VISIBLE ON' ROCKER SWITCH (RC)
75-0732 R13-66A3 GREEN SPST GREEN 'VISIBLE ON' ROCKER SWITCH RC
75-0734 R13-66A3 BLUE SPST BLUE 'VISIBLE ON' ROCKER SWITCH RC
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Switches 
 

Miniature ‘visible on’ rocker switch 
 
 

Specification 
 
Rating:   10A 125V AC, 6A 250V AC 
Contact resistance 50mÙ Max. 
Insulation resistance 100MÙ, 500V DC for 1 minute 
Dielectric strength 1500V AC, 1 minute 
Operating temperature -20°C ~ +85°C 
Type   2-pole SPST ON-OFF 
 
Dimensions 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 

Mounting Hole 

13 +0.1 

X 

Panel 
Thickness 

(mm) 
X 

0.75 ~ 1.25 19.2 -0.1 

1.26 ~ 2.00 19.4 -0.1 

2.01 ~ 3.00 19.8 -0.1 

 

 

 




