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Order code Manufacturer code Description

76-0114 600A-611-M2-R LOW POWER SLIDE SWITCH SPDT (RC)
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Series G00A

Low Power Slide Switches
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SPECIFICATIONS:
CONTACT RATING: OC 12V O.5A.
CONTACT RESISTANCE: 30mQ max.

MECHANICAL LIFE: 1,000 cycles.
IMSULATION RESISTAMCE: SDOM{Y WMTn.

MATERIALS:

HOUSING: Nylen B/6 (UL94V—C).
SLIDE HANDLE: Nylon 6/6 (ULS4v—0Q).

at 300VDC.

It vour prefsrred product cenfiguration is not shown, please conbact our sales representative

for eustorm deslgn,

HOW TO ORDER SYSTEM

600A

I I
Switch Function Contact Material
611 On-None-On R Brass with gold

Termination
M2 PC thru-hole
M6 Right angle, PC thru-hole



Serfes GO0A Low Power Slide Switches
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CONTACT MATERIAL OPTIONS

Coding | Contact & Terminal Material Rating Agency Approvals
R Brass with gold plating 0.5A ® 12VDC




