113A.8CG

Variable opening wrenches
Sku

Fixed and variable opening wrenches

113A.8CG 113A.CG - Chromed sheath adjustable wrenches

Description:

« Good access to the button = easy setting.

* Non-protruding moving jaw at maximum capacity.

* Pre-adjustment of jaw opening thanks to millimetric
gradation.

¢ Right-hand button rotation.

* Range from 4" to 12".

¢ Presentation: sheathed chromed body and polished head
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