467.14

Sku

Fixed and variable opening wrenches

467.14 467 - Metric standard ratchet combination wrenches

Description:

« Standard ratchet combination wrenches: for all current
applications.

e Compact ratchet mechanism and reversible by lever.

« Increment 5° (7.5° for dimension 6 mm ; 6° for dimensions 7,
8 and 9 mm).

¢ Ring head angled at 15°.

* Open end head angled at 15°.

* Metric sizes: 6 to 32 mm.

* Presentation: satin chrome finish.
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