
AN3X75

file:///C|/Users/jxd0521/Documents/Adam/export_adam/fiches-produit/SkuFiche_html/en_skuhtml_20150522/AN3X75_en.html[04/06/2015 18:07:41]

Sku Screwdrivers
Screwdrivers - Keys - Bits

Description:

• Round shank for access in wells.
• Extra-long shank up to 300 mm for difficult and remote
access.
• Silicon carbon blade: strong and resistant to flexion.
• Bi-material grip resists to impacts, abrasion, and chemicals.
• Finish: black tipped mat chromed blade. 

Qtys: 1

A [mm]: 3,0

d [mm]: 25

d1 x L1
[mm]:

3,0 x 75

E [mm]: 0,5

E x l
[mm]:

0,5 x 3,0

L [mm]: 178

L2 [mm]: 103

[g]: 32

AN3X75 AN - PROTWIST® screwdrivers for slotted head screws - milled blades
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