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Sku Spark plugs
Automotive

Description:

• To be used for glow plugs:
- of all voltages.
- in ceramic or metal.
• Power supply voltage from 11.8 volt to 13.6 volt.
• Voltage check between 3.5 and 12 volt.
• Easy LED readout.
• minimizes the risk of incorrect result interpretation.
• Optimized cable storage.
Weight: 0. 250 kg. 

DX.10A Glow plug tester
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