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Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription
88-3510 A3096 CHASSIS TRANSFOR 2X115V 100VA 18V+18V RC
88-3512 A3098 CHASSIS TRANSFOR 2X115V 100VA 24V+24V RC
88-3452 A2088 CHASSIS TRANSFORMER 230V 75VA 24V+24V RC
88-3498 A3083 CHASSIS TRANSFORMER 2X115V 75VA 9V+9V RC
88-3462 A2099 CHASSIS TRANSFORMER230V 100VA 50V+50V RC
88-3511 A3097 CHASSIS TRANSFOR 2X115V 100VA 20V+20V RC
88-3440 A2074 CHASSIS TRANSFORMER 230V 50VA 12V+12V RC
88-3494 A3077 CHASSIS TRANSFORMER2X115V 50VA20V+20V RC
88-3497 A3082 CHASSIS TRANSFOR 2X115V 75VA 7.5V+7.5 RC
88-3502 A3087 CHASSIS TRANSFORM 2X115V 75VA 20V+20V RC
88-3506 A3092 CHASSIS TRANSFOR 2X115V 100VA 7.5V+7. RC
88-3488 A3071 CHASSIS TRANSFORMER 2X115V 50VA 6V+6V RC
88-3490 A3073 CHASSIS TRANSFORMER 2X115V 50VA 9V+9V RC
88-3453 A2089 CHASSIS TRANSFORMER 230V 75VA 50V+50V RC
88-3481 A3062 CHASSISTRANSFORMER2X115V 20VA7.5V+7.5 RC
88-3442 A2076 CHASSIS TRANSFORMER 230V 50VA 18V+18V RC
88-3444 A2078 CHASSIS TRANSFORMER 230V 50VA 24V+24V RC
88-3424 A2054 CHASSIS TRANSFORMER 230V 12VA 12V+12V RC
88-3476 A3055 CHASSIS TRANSFORMER2X115V 12VA15V+15V RC
88-3478 A3057 CHASSIS TRANSFORMER2X115V 12VA20V+20V RC
88-3671 S07900 TERMINAL SHROUD 50VA 75VA & 100VA(RC)
88-3421 A2051 CHASSIS TRANSFORMER 230V 12VA 6V+6V(RC)
88-3422 A2052 CHASSIS TRANSFORM 230V 12VA 7.5V+7.5V RC
88-3508 A3094 CHASSIS TRANSFOR 2X115V 100VA 12V+12V RC
88-3509 A3095 CHASSIS TRANSFOR 2X115V 100VA 15V+15V RC
88-3513 A3099 CHASSIS TRANSFOR 2X115V 100VA 50V+50V RC
88-3460 A2097 CHASSIS TRANSFORMER230V 100VA 20V+20V RC
88-3461 A2098 CHASSIS TRANSFORMER230V 100VA 24V+24V RC
88-3507 A3093 CHASSIS TRANSFORM 2X115V 100VA 9V+9V RC
88-3455 A2092 CHASSISTRANSFORMER230V 100VA7.5V+7.5V RC
88-3457 A2094 CHASSIS TRANSFORMER230V 100VA 12V+12V RC
88-3459 A2096 CHASSIS TRANSFORMER230V 100VA 18V+18V RC
88-3500 A3085 CHASSIS TRANSFORM 2X115V 75VA 15V+15V RC
88-3501 A3086 CHASSIS TRANSFORM 2X115V 75VA 18V+18V RC
88-3504 A3089 CHASSIS TRANSFORM 2X115V 75VA 50V+50V RC
88-3451 A2087 CHASSIS TRANSFORMER 230V 75VA 20V+20V RC
88-3496 A3081 CHASSIS TRANSFORMER 2X115V 75VA 6V+6V RC
88-3499 A3084 CHASSIS TRANSFORM 2X115V 75VA 12V+12V RC
88-3446 A2082 CHASSIS TRANSFORM 230V 75VA 7.5V+7.5V RC
88-3447 A2083 CHASSIS TRANSFORMER 230V 75VA 9V+9V(RC)
88-3449 A2085 CHASSIS TRANSFORMER 230V 75VA 15V+15V RC
88-3492 A3075 CHASSIS TRANSFORMER2X115V 50VA15V+15V RC
88-3493 A3076 CHASSIS TRANSFORMER2X115V 50VA18V+18V RC
88-3445 A2081 CHASSIS TRANSFORMER 230V 75VA 6V+6V(RC)
88-3443 A2077 CHASSIS TRANSFORMER 230V 50VA 20V+20V RC
88-3489 A3072 CHASSISTRANSFORMER2X115V 50VA7.5V+7.5 RC

6



Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription
88-3491 A3074 CHASSIS TRANSFORMER2X115V 50VA12V+12V RC
88-3670 S07800 TERMINAL SHROUD 12VA & 20VA(RC)
88-3439 A2073 CHASSIS TRANSFORMER 230V 50VA 9V+9V (RC)
88-3441 A2075 CHASSIS TRANSFORMER 230V 50VA 15V+15V RC
88-3483 A3064 CHASSIS TRANSFORMER2X115V 20VA12V+12V RC
88-3485 A3066 CHASSIS TRANSFORMER2X115V 20VA18V+18V RC
88-3486 A3067 CHASSIS TRANSFORMER2X115V 20VA20V+20V RC
88-3477 A3056 CHASSIS TRANSFORMER2X115V 12VA18V+18V RC
88-3431 A2063 CHASSIS TRANSFORMER 230V 20VA 9V+9V (RC)
88-3433 A2065 CHASSIS TRANSFORMER 230V 20VA 15V+15V RC
88-3423 A2053 CHASSIS TRANSFORMER 230V 12VA 9V+9V(RC)
88-3428 A2058 CHASSIS TRANSFORMER 230V 12VA 24V+24V RC
88-3474 A3053 CHASSIS TRANSFORMER 2X115V 12VA 9V+9V RC
88-3465 A3042 CHASSISTRANSFORMER2X115V6VA 7.5V+7.5V RC
88-3468 A3045 CHASSIS TRANSFORMER2X115V 6VA 15V+15V RC
88-3669 S08000 TERMINAL SHROUD 6VA(RC)
88-3484 A3065 CHASSIS TRANSFORMER2X115V 20VA15V+15V RC
88-3414 A2042 CHASSIS TRANSFORM 230V 6VA 7.5V+7.5V(RC)
88-3417 A2045 CHASSIS TRANSFORMER 230V 6VA 15V+15V(RC)
88-3435 A2067 CHASSIS TRANSFORMER 230V 20VA 20V+20V RC
88-3480 A3061 CHASSIS TRANSFORMER 2X115V 20VA 6V+6V RC
88-3482 A3063 CHASSIS TRANSFORMER 2X115V 20VA 9V+9V RC
88-3429 A2061 CHASSIS TRANSFORMER 230V 20VA 6V+6V RC
88-3432 A2064 CHASSIS TRANSFORMER 230V 20VA 12V+12V RC
88-3434 A2066 CHASSIS TRANSFORMER 230V 20VA 18V+18V RC
88-3473 A3052 CHASSISTRANSFORMER2X115V 12VA7.5V+7.5 RC
88-3475 A3054 CHASSISTRANSFORMER2X115V 12VA 12V+12V RC
88-3479 A3058 CHASSIS TRANSFORMER2X115V 12VA24V+24V RC
88-3471 A3048 CHASSIS TRANSFORMER2X115V 6VA 24V+24V RC
88-3425 A2055 CHASSIS TRANSFORMER 230V 12VA 15V+15V RC
88-3426 A2056 CHASSIS TRANSFORMER 230V 12VA 18V+18V RC
88-3419 A2047 CHASSIS TRANSFORMER 230V 6VA 20V+20V(RC)
88-3463 A3040 CHASSIS TRANSFORMER2X115V6VA4.5V+4.5V RC
88-3470 A3047 CHASSIS TRANSFORMER2X115V 6VA 20V+20V RC
88-3415 A2043 CHASSIS TRANSFORMER 230V 6VA 9V+9V(RC)
88-3495 A3078 CHASSIS TRANSFORMER2X115V 50VA24V+24V RC
88-3505 A3091 CHASSIS TRANSFORM 2X115V 100VA 6V+6V RC
88-3458 A2095 CHASSIS TRANSFORMER 230V100VA 15V+15V RC
88-3412 A2040 CHASSIS TRANSFORM 230V 6VA 4.5V+4.5V(RC)
88-3413 A2041 CHASSIS TRANSFORMER 230V 6VA 6V+6V(RC)
88-3448 A2084 CHASSIS TRANSFORMER 230V 75VA 12V+12V RC
88-3450 A2086 CHASSIS TRANSFORMER 230V 75VA 18V+18V RC
88-3456 A2093 CHASSIS TRANSFORMER 230V 100VA 9V+9V RC
88-3430 A2062 CHASSIS TRANSFORM 230V 20VA 7.5V+7.5V RC
88-3487 A3068 CHASSIS TRANSFORMER2X115V 20VA24V+24V RC
88-3438 A2072 CHASSIS TRANSFORM 230V 50VA 7.5V+7.5V RC



Order codeOrder codeOrder codeOrder code Manufacturer codeManufacturer codeManufacturer codeManufacturer code DescriptionDescriptionDescriptionDescription
88-3469 A3046 CHASSIS TRANSFORMER2X115V 6VA 18V+18V RC
88-3427 A2057 CHASSIS TRANSFORMER 230V 12VA 20V+20V RC
88-3472 A3051 CHASSIS TRANSFORMER 2X115V 12VA 6V+6V RC
88-3464 A3041 CHASSIS TRANSFORMER 2X115V 6VA 6V+6V RC
88-3466 A3043 CHASSIS TRANSFORMER 2X115V 6VA 9V+9V RC
88-3420 A2048 CHASSIS TRANSFORMER 230V 6VA 24V+24V(RC)
88-3416 A2044 CHASSIS TRANSFORMER 230V 6VA 12V+12V(RC)
88-3467 A3044 CHASSIS TRANSFORMER2X115V 6VA 12V+12V RC
88-3418 A2046 CHASSIS TRANSFORMER 230V 6VA 18V+18V(RC)



A comprehensive range of Chassis mounting style transformers with a
choice of single (230V) or dual (115V + 115V) primary windings suitable
for 50/60Hz operations and two independent secondary windings suitable
for connecting in series, parallel or centre tap, giving a wide range of
output voltage and current combinations.

Features:
• Designed, manufactured and tested in accordance with B3535,

EN60950 and EN60742*
• Double section metric bobbins constructed with fully shrouded windings.
• Flame retardant material to UL94V-0
• Fitted with terminations for ‘solder’ or ‘push-on’ connections except 

6VA fitted with solder tags only
• ‘U’ clamp style fixing for 6VA to 50VA, for 75VA and above fitted with

universal multi-hole end frames.
*Requires additional fuse protection. Please go to www.rapidonline.com

www.rapidonline.com
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Chassis mounting 
transformers 

6VA to 200VA

Tru   Power

Order code: 88-3416
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Rated Reg Dimensions Fixings Weight Rated Reg Dimensions Fixings Weight

VA % L1/L2 W* H F Size Kg VA % L W* H A B C Kg

6 24 45/68 35.5 37.5 55 4BA 0.17 75 8 80 71 67 55 54 54 1.48

12 12 60/90 47 50 74 2BA 0.38 100 10 89 65 75 44 44 57 1.55

20 12 60/90 52 50 74 2BA 0.53 200 8 102 85 85 68 68 56 2.75

50 10 79/106 60 66 93.9 2BA 0.98 *Excludes tags

*Excludes tags
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Chassis mounting
transformers

6VA to 200VA

Tru   Power

Order code: 88-3416

Primary 230V Primary 230V

VA Secondary (V) Part No. VA Secondary (V) Part No.

6VA

4.5 + 4.5 A2040

75VA

6 + 6 A2081

6 + 6 A2041 7.5 + 7.5 A2082

7.5 + 7.5 A2042 9 + 9 A2083

9 + 9 A2043 12 + 12 A2084

12 + 12 A2044 15 + 15 A2085

15 + 15 A2045 18 + 18 A2086

18 + 18 A2046 20 + 20 A2087

20 + 20 A2047 24 + 24 A2088

24 + 24 A2048 50 + 50 A2089

12VA 100VA

6 + 6 A2091

6 + 6 A2051 7.5 + 7.5 A2092

7.5 + 7.5 A2052 9 + 9 A2093

9 + 9 A2053 12 + 12 A2094

12 + 12 A2054 15 + 15 A2095

15 + 15 A2055 18 + 18 A2096

18 + 18 A2056 20 + 20 A2097

20 + 20 A2057 24 + 24 A2098

24 + 24 A2058 50 + 50 A2099

20VA 200VA

6 + 6 A2101

6 + 6 A2061 7.5 + 7.5 A2102

7.5 + 7.5 A2062 9 + 9 A2103

9 + 9 A2063 12 + 12 A2104

12 + 12 A2064 15 + 15 A2105

15 + 15 A2065 18 + 18 A2106

18 + 18 A2066 20 + 20 A2107

20 + 20 A2067 24 + 24 A2108

24 + 24 A2068 50 + 50 A2109

50VA

6 + 6 A2071

7.5 + 7.5 A2072

9 + 9 A2073

12 + 12 A2074

15 + 15 A2075

18 + 18 A2076

20 + 20 A2077

24 + 24 A2078
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Chassis mounting
transformers

6VA to 200VA

Tru   Power

Order code: 88-3416

Primary 2 x 115V Primary 2 x 115V

VA Secondary (V) Part No. VA Secondary (V) Part No.

6VA

4.5 + 4.5 A3040

75VA

6 + 6 A3081

6 + 6 A3041 7.5 + 7.5 A3082

7.5 + 7.5 A3042 9 + 9 A3083

9 + 9 A3043 12 + 12 A3084

12 + 12 A3044 15 + 15 A3085

15 + 15 A3045 18 + 18 A3086

18 + 18 A3046 20 + 20 A3087

20 + 20 A3047 24 + 24 A3088

24 + 24 A3048 50 + 50 A3089

12VA

6 + 6 A3051

100VA

6 + 6 A3091

7.5 + 7.5 A3052 7.5 + 7.5 A3092

9 + 9 A3053 9 + 9 A3093

12 + 12 A3054 12 + 12 A3094

15 + 15 A3055 15 + 15 A3095

18 + 18 A3056 18 + 18 A3096

20 + 20 A3057 20 + 20 A3097

24 + 24 A3058 24 + 24 A3098

50 + 50 A3099

20VA

6 + 6 A3061

200VA

6 + 6 A3101
7.5 + 7.5 A3062 7.5 + 7.5 A3102

9 + 9 A3063 9 + 9 A3103

12 + 12 A3064 12 + 12 A3104

15 + 15 A3065 15 + 15 A3105

18 + 18 A3066 18 + 18 A3106

20 + 20 A3067 20 + 20 A3107

24 + 24 A3068 24 + 24 A3108

50 + 50 A3109

50VA

6 + 6 A3071

7.5 + 7.5 A3072

9 + 9 A3073

12 + 12 A3074

15 + 15 A3075

18 + 18 A3076

20 + 20 A3077

24 + 24 A3078
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